





NOTES

nVent.com/HOFFMAN | 13



Free-Stand Enclosures
A30S4E FREE-STAND SINGLE AND DUAL ACCESS ENCLOSURE

Free-stand enclosure has been specially designed for heavy
duty applications — housing systems with large components
or complex mounting configurations — in harsh environments.
Three-point latching and sealing provide industry-leading
protection from dust, dirt, oil and water.

The enclosure is for housing motor starters, drives, contactors and
PLCs, as well as a wide variety of other electrical and electronic
equipment. The design with double access is ideally suited for

the mounting of physically large, heavy duty devices where tight

INDUSTRY STANDARDS

sealing (IP) and rigidity (IK) are important.

FEATURES

IEC EN 60529, IP66

IEC EN 50102, IK10

IEC EN 62208;

UL 508A Listed;

Type 4, 4X, 12 File No. E61997
NEMA Type 4, 4%, 12

U

®

LISTED

APPLICATION

+ Oiland gas

+ Pulp and paper

+ Chemical

+ Food and beverage
+ Pharmaceutical

- Textile and similar industries

SCOPE OF DELIVERY

+ Enclosure
+ Plinth base kit, supplied loose
+ Assembly kit

- Installation instruction

For specific accessories, please go to the end of each subsection.

+ Two-door enclosures are provided with a removable
centerpost for easy mounting plate installation

- Seamless foam-in-place polyurethane gasket assures a
water-tight and dust-tight seal

- High-impact thermoplastic data pocket provided with
each enclosure

+ Base plinth 100 mm included, with front and rear removable
cover for easy cable entry

SPECIFICATIONS

+ Thickness 2,5 mm, stainless steel type AISI 304
(EN 1.4301) or 316L (1.4404)

- External surface body and door brushed finish grain 240,
Ra<0,8 pm, smooth internal surface (2B)

+ Heavy-duty three-point latching mechanism operated by
Type 316L stainless steel POWERGLIDE® padlocking handle

+ Seams continuously welded and ground smooth
- Body grounding, studs door and body

- Bottom gland plates, 3,0 mm removable from inside, with
grounding stud

- Door opening angle 100°

For other general accessories, please refer to the chapter "Accessories”.
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Free-Stand Enclosures

STANDARD PRODUCT; SINGLE ACCESS

Mounting

Item number Description Material Plate
A2066SSFS A2066SSFS IP66 StSt304 with plinth 304 2000 600 600 999.6 8751 A20P6F1GE
A2086SSFS A2086SSFS IP66 StSt304 with plinth 304 2000 800 600 999.6 8751 A20P8F1GE
A20106SSFS A20106SSFS IP66 StSt304 with plinth 304 2000 1000 600 999.6 8751 A20P10F1GE
A20126SSFSD A20126SSFSD IP66 StSt304 with plinth 304 2000 1200 600 999.6 8751 A20P12F1GE
A2068SSFS A2068SSFS IP66 StSt304 with plinth 304 2000 600 800 999.6 87511 A20P6F1GE
A2088SSFS A2088SSFS IP66 StSt304 with plinth 304 2000 800 800 999.6 8751 A20P8F1GE
A20128SSFSD A20128SSFSD IP66 StSt304 with plinth 304 2000 1200 800 999.6 8751 A20P12F1GE
A20168SSFSD A20168SSFSD IP66 StSt304 with plinth 304 2000 1560 800 999.6 8751 A20P16F1GE
A1864SSFS A1864SSFS IP66 StSt304 with plinth 304 1800 600 400 896.6 7751 A18P6F1GE
A1884SSFS A1884SSFS IP66 StSt304 with plinth 304 1800 800 400 896.6 7751 A18P8F1GE
A18104SSFS A18104SSFS IP66 StSt304 with plinth 304 1800 1000 400 896.6 7751 A18P10F1GE
A18124SSFSD A18124SSFSD IP66 StSt304 with plinth 304 1800 1200 400 896.6 7751 A18P12F1GE
A1866SSFS A1866SSFS IP66 StSt304 with plinth 304 1800 600 600 896.6 7751 A18P6F1GE
A1886SSFS A1886SSFS IP66 StSt304 with plinth 304 1800 800 600 896.6 7751 A18P8F1GE
A18106SSFS A18106SSFS IP66 StSt304 with plinth 304 1800 1000 600 896.6 7751 A18P10F1GE
A18126SSFSD A18126SSFSD IP66 StSt304 with plinth 304 1800 1200 600 896.6 7751 A18P12F1GE
A2088SS6FS A2088SS6FS IP66 StSt316L with plinth 316L 2000 800 800 999.6 8751 A20P8F1GE

*D — double door with centerpost
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Free-Stand Enclosures

STANDARD PRODUCT; DUAL ACCESS

SIZE
H w (¢] Mounting

Item number Description Material [mm] [mm] Plate
A2088SSFSDA A2088SSFSDA IP66 StSt304 with plinth 304 2000 800 800 999.6 8751 A20P8F1GE
A20108SSFSDA A20108SSFSDA IP66 StSt304 with plinth 304 2000 1000 800 999.6 8751 A20P10F1GE
A20128SSFSDAD A20128SSFSDAD IP66 StSt304 with plinth 304 2000 1200 800 999.6 8751 A20P12F1GE
A20168SSFSDAD A20168SSFSDAD IP66 StSt304 with plinth 304 2000 1560 800 999.6 8751 A20P16F1GE
A2088SS6FSDA A2088SS6FSDA IP66 StSt316L with plinth 316L 2000 800 800 999.6 8751 A20P8F1GE

A20108SS6FSDA A20108SS6FSDA IP66 StSt316L with plinth 316L 2000 1000 800 999.6 8751 A20P10F1GE
A20128SS6FSDAD  A20128SS6FSDAD IP66 StSt316L with plinth ~ 316L 2000 1200 800 999.6 8751 A20P12F1GE
A20168SS6FSDAD  A20168SS6FSDAD IP66 StSt316L with plinth  316L 2000 1560 800 999.6 8751 A20P16F1GE

*D - double door with centerpost
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Free-Stand Enclosures

MOUNTING PLATES

Item number Description For cabinet sizes H x W[mm] A [mm] B [mm]
A20P6F1GE A20P6F1GE Full mounting plate 2000x600 1794,6 496,7
A20P8F1GE A20P8F1GE Full mounting plate 2000x800 1794,6 696,7
A20P10F1GE A20P10F1GE Full mounting plate 2000x1000 1794,6 896,7
A20P12F1GE A20P12F1GE Full mounting plate 2000x1200 1794,6 1096,7
A20P16F1GE A20P16F1GE Full mounting plate 2000x1560 1794,6 1462,5
A18P6F1GE A18P6F1GE Full mounting plate 1800x600 1594,6 496,7
A18P8F1GE A18P8F1GE Full mounting plate 1800x800 1594,6 696,7
A18P10F1GE A18P10F1GE Full mounting plate 1800x1000 1594,6 896,7
A18P12F1GE A18P12F1GE Full mounting plate 1800x1200 1594,6 1096,7

SIDE MOUNTING PLATES

A Mounting Plates provide extra D E
/E = mO?Q;Trgesp;gerﬁrr;th;tsei:G;;eOf Item number Descriptio - [mm] [mm]
/ ::ecgl with a'ccl?nductiF\)/e,qorrosion— A20SMP3GE gﬁ?fggoséiig%%ummg 19438 300
7 ST WSS e SEESSTOO 14
> TSI e ST s s
%/ m A20SMP6GE Qg?g;lgos[i)izggounting 1943,8 600
o |l - A18SMP3GE ’Sg?esj‘gosé‘ig(%ou”““g 17438 300
% - A18SMPAGE Sé?esfgoséijg&o“mmg 1743,8 400
o A18SMP5GE ’Sl?;?esfgosagg(%oummg 17438 500
AI8SMP6GE Qg?f;‘g;&j‘g&ou”“”g 17438 600

LIFTING EYES

o R | _

free-stand unibody enclosure.
y PLEM20SS (4) Lifting Eyes — Stainless steel 304

Lifting Eyes thread into welded
nuts in enclosure’s body PLEM20SS6  (4) Lifting Eyes — Stainless steel 316L

and are designed for overhead
lifting in conjunction with shackles
and a spreader bar. Use of
shackles instead of hooks is
preferred. The angle between the
top of the enclosure and the cable
or chain must be at least 45°.

Use only slings and spreader bars
that are designed for the specific
application and are in compliance
with regulations established by
OSHA, ASME, ISA, ASTM and
other governing agencies.
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Free-Stand Enclosures

LARGE ENCLOSURE DOOR STOP KIT

Designed for use with most standard,
large mild and stainless steel
enclosures to secure the door in the
90 degree open position. Door Stop Kit
can be mounted at the top or bottom
of the door opening after drilling two
small holes in the door and enclosure.
All parts are plated. Maintains UL/CSA
Type 4 and Type 12 if properly installed
ina HOFFMAN enclosure.

Item number  Description

ALGDSTOP2E Large Enclosure Door Stop Kit

SOLAR SHIELDS

Item number Description Material

A6040SSTSE Solar shield for enclosure W 600 x D 400mm Stainless steel 304
A6040SS6TSE  Solar shield for enclosure W 600 x D 400mm Stainless steel 316L
A8040SSTSE Solar shield for enclosure W 800 x D 400mm Stainless steel 304
A8040SS6TSE  Solar shield for enclosure W 800 x D 400mm Stainless steel 316L
AT0040SSTSE  Solar shield for enclosure W 1000 x D 400mm  Stainless steel 304
A10040SS6TSE  Solar shield for enclosure W 1000 x D 400mm  Stainless steel 316L
A6060SSTSE Solar shield for enclosure W 600 x D 600mm Stainless steel 304
A6060SS6TSE  Solar shield for enclosure W 600 x D 600mm Stainless steel 316L
A8060SSTSE Solar shield for enclosure W 800 x D 600mm Stainless steel 304
A8060SS6TSE  Solar shield for enclosure W 800 x D 600mm Stainless steel 316L
A10060SSTSE Solar shield for enclosure W 1000 x D 600mm  Stainless steel 304
AT0060SS6TSE  Solar shield for enclosure W 1000 x D 600mm  Stainless steel 316L
AB080SSTSE Solar shield for enclosure W 800 x D 800mm Stainless steel 304
A8080SS6TSE  Solar shield for enclosure W 800 x D 800mm Stainless steel 316L
AT0080SSTSE Solar shield for enclosure W 1000 x D 800mm  Stainless steel 304
AT0080SS6TSE  Solar shield for enclosure W 1000 x D 800mm  Stainless steel 316L

SWING-OUT RACK MOUNTING FRAMES

Full-length 3,0 mm thickness swing-
out rack mounting frames are available
for mounting 19-in. (483 mm) rack

3 mounting equipment. The frame
pivots within the enclosure to allow
access to the back of the mounted
equipment. The frames can be
installed in 2000 mm and 1800 mm
high enclosures that are 800 mm wide.
Complies with ANSI/EIA RS-310-D
rack-mounting standards. The design
features smooth operation and secure
positioning anywhere along the
horizontal mounting channels. Frame
swings from the left side.

All frames are textured RAL7035
and furnished with plated mounting
hardware.

Fits to
enclosure size Number of
H x W [mm] Units

1800 x 800 33
2000 x 800 37

Item number
A188SOF19E
A208SOF19E
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Free-Stand Enclosures

19-IN. RACK ANGLES

Square-Hole Rack Angles are

Fits to
2,0 mm plated steel designed to enclosure
accept metric or English cage nuts. size HxW Number
19-in. Rack Angles are fixed directly Item number _ [mm] of Units
into a 600 mm wide enclosure’s ATBRAT9THE ~ 1800x600  Square 36
channels. To mount 19-in. Rack A20RATI9THE 2000x600  Square 40

Angles in 800 mm wide enclosure,
use frame reducing brackets.

To mount 19-in. Rack Angles in
1200 mm wide enclosure, use
center supports.

CENTER SUPPORTS

Center supports permit the installation of 19-in. rack angles in
double door enclosures with width 1200 mm. The Center Supports
can be positioned from front to back of the enclosure.

Item number Fits to enclosure size H x W [mm]
22510288 1800 x 1200
22510106 2000 x 1200

WIDTH REDUCING BRACKETS

Width Reducing Brackets mount directly to 800 mm wide
enclosure. Converts 800 mm wide enclosure to 600 mm wide,
allowing 19-in. rack angles to fit. Furnished in sets of pair
2,5 mm thick plated steel. Mounting hardware is included.

Item number Converts enclosure width [mm]
22510287 From 800 to 600
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Minneapolis, MN Tel: +1.763.421.2240
Mexico, D.F. Tel: +52.55.5280.1449
Toronto, Canada Tel: +1.416.289.2770
Sao Paulo, Brazil Tel: +55.11.5184.2100
Boitura, Brazil Tel: +55.15.3363.9148
Straubenhardt, Germany Tel: +49.7082.794.0
Dzierzoniow, Poland Tel: +48.74.64.63.900
Lainate, Italy Tel: +39.02.932.7141
Aachen, Germany Tel: +49.2405.40996.0

Dubai, United Arab Emirates  Tel: +971.4.378.1700

Bangalore, India Tel: +91.80.6715.2001
Shanghai, P.R. China Tel: +86.21.2412.6943
Singapore Tel: +65.6768.5800
Shin-Yokohama, Japan Tel: +81.45.476.0271
Seoul, Korea Tel: +82.2.2129.7755
Qingdao Tel: +86.532.8771.6101

Our powerful portfolio of brands:

CADDY ERICO HOFFMAN RAYCHEM SCHROFF TRACER
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